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Allegato curve caratteristiche

Technical Data Sheet 
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Watts Water Technologies, Inc.

- 1K  - Kv 0.22

- 2K  - Kv 0.25

MAX - Kv 0.27 
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 1 

- 1 K  - Kv 0.32

- 2 K  - Kv 0.55

MAX  - Kv 0.60
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 2

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70

MAX - Kv 0.88
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 3 

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70
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PORTATE [l/h]       

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 4

MAX - Kv 1.12
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 5

MAX - Kv 1.31

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP  6

MAX - Kv 1.46

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/8"
Preregolazione SP 7

MAX - Kv 1.60

- 1 K  - Kv 0.36

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 178UM - 178SN   DN 3/8"
Senza preregolazione 

MAX - Kv 2.05
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.33

- 2 K  - Kv 0.55

MAX - Kv 0.62
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 2

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70

MAX - Kv 0.9
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 3

  

SP1  - Kv   0.27

SP2  - Kv   0.60

SP3  - Kv   0.88

SP4  - Kv   1.12 

SP5  - Kv   1.31

SP6  - Kv   1.46

SP7  - Kv   1.60

MAX - Kvs 2.05
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PORTATE  [l/h]

130UM - 130SN - 188UM  DN 3/8"
Preregolazione solo valvola  

- 1 K   Kv 0.22

- 2 K   Kv 0.25

MAX - Kv 0.27 
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 1 
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 4

MAX - Kv 1.13

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 5

MAX - Kv 1.32

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 6

MAX - Kv 1.47

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2" 
1130UM - 1188UM  DN 3/8"
Preregolazione SP 7

MAX - Kv 1.60
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Watts Water Technologies, Inc.
  

SP1  - Kv   0.27

SP2  - Kv   0.62

SP3  - Kv   0.9

SP4  - Kv   1.13 

SP5  - Kv   1.32
SP6  - Kv   1.47

SP7  - Kv   1.60
MAX - Kvs 2.60
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PORTATE [l/h]

130UM - 130SN - 188UM - 1130UM - 1188UM  DN 1/2"
1130UM - 1188UM  DN 3/8"
Preregolazione solo valvola  

  

- 1 K  - Kv 0.22

- 2 K  - Kv 0.25

MAX - Kv 0.27
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM  DN 3/4"
Preregolazione SP 1 

  

- 1 K  - Kv 0.33

- 2 K  - Kv 0.57

MAX - Kv 0.67
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 2

- 1 K  - Kv 0.38

- 2 K  - Kv 0.70
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PORTATE [l/h]

MAX - Kv 2.60

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN - 188UM - 1130UM - 1188UM - 178SN - 178UM - 1178UM  DN 1/2" 
1130UM - 1188UM - 1178UM  DN 3/8"
Senza preregolazione  
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 4

MAX - Kv 1.30

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 5

MAX - Kv 1.56

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 6

MAX - Kv 1.80

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76

MAX - Kv 1.00
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 3
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM DN 3/4"
Preregolazione SP 7

MAX - Kv 2.00

  

SP1  - Kv   0.27

SP2  - Kv   0.67

SP3  - Kv   1

SP4  - Kv   1.30 
SP5  - Kv   1.56

SP6  - Kv   1.8

SP7  - Kv   2

MAX - Kvs 3.30
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PORTATE [l/h]

130UM - 130SN - 188UM  DN 3/4"
Preregolazione solo valvola  

- 1 K  - Kv 0.38

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
130UM - 130SN -188UM - 178UM - 178SN  DN 3/4"
Senza preregolazione  

MAX - Kv 3.30

- 1 K  - Kv 0.19

- 2 K  - Kv 0.24

MAX - Kv 0.27
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 1 
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.33

- 2 K  - Kv 0.51

MAX - Kv 0.57

0,1

1

10

100

10 100 1000

PE
R

D
IT

E 
D

I C
AR

IC
O

[K
 P

a]

PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 2

- 2 K - Kv 0.65

- 1 K - Kv 0.35

MAX - Kv 0.78
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 3

- 2 K - Kv 0.65

- 1 K - Kv 0.35

MAX - Kvs 0.91
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 4

- 2 K - Kv 0.65

- 1 K - Kv 0.35

MAX - Kvs 0.97
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 5
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Watts Water Technologies, Inc.

- 2 K - Kv 0.65

- 1 K - Kv 0.35

MAX - Kvs 1.00
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 6

- 1 K - Kv 0.65

- 1 K - Kv 0.35
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/8"
Preregolazione SP 7

MAX - Kvs 1.02

  

SP1  - Kv 0.27

SP2  - Kv 0.57

SP3  - Kv 0.78

100

SP5  - Kv 0.97
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PORTATE [l/h]

131UM - 131SN - 189UM  DN 3/8"
Preregolazione solo valvola  

MAX - Kvs 1.1

SP4 - Kv 0.91

SP6 - Kv 1
SP7 - Kv 1.02

- 2 K - Kv 0.65

- 1 K - Kv 0.35

0,1

1

10

100

10 100 1000

PE
R

D
IT

E 
D

I C
A

R
IC

O
[K

 P
a]

PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 178UM - 178SN  DN 3/8"
Senza preregolazione  

MAX - Kvs 1.10
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.19

- 2 K  - Kv 0.24

MAX - Kv 0.27
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 1 

- 1 K  - Kv 0.33

- 2 K  - Kv 0.55

MAX - Kv 0.64
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 2

- 2 K - Kv 0.71

- 1 K - Kv 0.38

MAX - Kv 0.9
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 3

- 2 K - Kv  0.71

- 1 K - Kv 0.38
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 4

MAX - Kv 1.12
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Watts Water Technologies, Inc.

- 2 K - Kv 0.71

- 1 K - Kv 0.38
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 5

MAX - Kv 1.30

- 2 K - Kv 0.71

- 1 K - Kv 0.38
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 6

MAX - Kv 1.44

- 2 K - Kv 0.71

- 1 K - Kv 0.38
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2" 
1131UM - 1189UM  DN 3/8"
Preregolazione SP 7

MAX - Kv 1.55 - 2 K - Kv 0.71

- 1 K - Kv 0.38
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PORTATE [l/h]

MAX - Kv 1.80

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 1131UM - 179UM - 179SN - 1179UM  DN 1/2" 
1131UM - 1189UM - 179SN - 179UM - 1179UM  DN 3/8"
Senza preregolazione
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Watts Water Technologies, Inc.
  

SP1  - Kv   0.27

SP2  - Kv   0.64

SP3  - Kv   0.9

SP4  - Kv   1.12 

SP5  - Kv   1.30

SP6  - Kv   1.44

SP7  - Kv   1.55

MAX - Kvs 1.80
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PORTATE [l/h]

131UM - 131SN - 189UM - 1131UM - 1189UM  DN 1/2"
Preregolazione solo valvola  

- 1 K  - Kv 0.21

- 2 K  - Kv 0.25

MAX - Kv 0.27
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 1 

- 1 K  - Kv 0.35

- 2 K  - Kv 0.57

MAX - Kv 0.64
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PORTATE [l/h

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 2

- 1 K  - Kv 0.40

- 2 K  - Kv 0.76

MAX - Kv 0.95
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 3
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Watts Water Technologies, Inc.

- 1 K  - Kv 0.40

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 4

MAX - Kv 1.23

- 1 K  - Kv 0.40

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 7

MAX - Kv 1.96

- 1 K  - Kv 0.40

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 6

MAX - Kv 1.74

- 1 K  - Kv 0.40

- 2 K  - Kv 0.76
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM  DN 3/4"
Preregolazione SP 5

MAX - Kv 1.51
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- 2 K - Kv 0.65

- 1 K - Kv 0.35
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PORTATE [l/h]

Corpo a squadra con attuatore 148, 148A, 148SD e 148CD 
131UM - 131SN - 189UM - 178UM - 178SN  DN 3/8"
Senza preregolazione  

MAX - Kvs 1.10

  

SP1  - Kv   0.27

SP2  - Kv   0.64

SP3  - Kv   0.95

SP4  - Kv   1.23 

SP5  - Kv   1.51

SP6  - Kv   1.74

SP7  - Kv   1.96

MAX - Kvs 2.60
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PORTATE [l/h]

131UM - 131SN - 189UM  DN 3/4"
Preregolazione solo valvola  



Watts Industries Italia S.r.l.
Via Brenno, 21 • 20853 Biassono (MB) • Italy
Tel. +39 039 4986.1 • Fax +39 039 4986.222

infowattsitalia@wattswater.com • www.wattswater.eu

© 2018 Watts

The descriptions and photographs contained in this product specification sheet are supplied by way of information only and are not binding. 

Watts Industries reserves the right to carry out any technical and design improvements to its products without prior notice. Warranty: All sales and contracts for sale are expressly 

conditioned on the buyer’s assent to Watts terms and conditions found on its website at www.wattswater.eu. Watts hereby objects to any term, different from or additional to Watts 

terms, contained in any buyer communication in any form, unless agreed to in a writing signed by an officer of Watts. 

130-131-178-179-CURVE -IT-W-IT-10-18-Rev0


