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Description

Vision® Wired is used to control the temperature of individual rooms in heating and/or cooling systems.
The A03 HC or D03 HC room thermostat is connected to the Vision® Wired connection box which connects each thermostat to 
the water loop via the electrothermal actuator.
Likewise, the room thermostat can be connected directly to 22CX electrothermal actuators (available in our price catalogue).

The A03 HC analog wired thermostat has been designed to electronically control different 
types of heating and/or cooling systems. 
Compatible with NC (normally closed) and NO (normally open) electrothermal actuators, it 
offers a wide voltage range from 24 to 230VAC. 
Temperature control is based on an internal sensor. 
An external probe (10kΩ probe - P01228) can be connected without any additional 
external power supply. 
A LED indicates the switching on of heating or cooling. 
An input on the thermostat is used to manage the heating/cooling changeover from a 
signal sent by the Vision® Wired connection box.

VISION® WIRED A03 HC SERIES

Type Part No. Description

WT-A03 HC P08017
Analog Wired Heat&Cool room thermostat 

Vision® Wired A03 HC

- Thermostat compatible with the Vision® Wired system
- Electrical voltage from 24 to 230 V
- Compatible with NC and NO electrothermal actuators
- Heating and cooling system control
- Switching of the heating / cooling mode by a signal at the thermostat input,
-  This signal is generated by the Vision® Wired connection box from an external signal or from a Digital Vision® Wired thermostat 

in master mode (manual or automatic changeover)
- Comfort / Reduced pilot wire
- Frost protection function
-  3 modes for temperature control (air, floor, …) via internal probe, via external probe (floor probe), via internal probe with low or 

high floor limit

Optional: external probe

Technical specifications

Operating temperature 0 to +40°C

Shipping and storage temperature -10°C to +50°C

IP rating IP30

Protection class Class II

Temperature accuracy 0.1°C

ErP Class Level IV (2%)

Regulation type
Proportional Band 2°C  (cycle=20min) 
or Hysteresis ± 0.6°C

Temperature ranges: Comfort / Reduced / Anti-freeze +7 to +30°C / +7 to +30°C / +7°C (0.5°C step)

Output voltage From 24 to 230VAC 50Hz

Output power

NO or NC live contact 
24VAC: Max. 5 electrothermal actuators (1.6W / actuator)
230VAC: Max. 8 electrothermal actuators (1.8W / actuator) 
Peak current: 4A max

Sensor Internal and/or external (in option) NTC 10kΩ at 25°C

Standards
2014/35/EU, 2014/30/EU, 2014/53/EU, 2011/65/EU,
2012/19/EU, 2015/1188/EU



Electrical wiring
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Specification text

Overall dimensions (mm)

WT-A03 HC Series
Wired analog room thermostat for temperature control of individual rooms in a heating and/or cooling system. Can be connected 
directly to 22CX electrothermal actuators or via the Vision® Wired connection box. Compatible with NC and NO electrothermal 
actuators, it offers a wide voltage range from 24 to 230VAC. Temperature control is based on an internal sensor. An external 
probe (SENSOR 10kΩ - P01228) can be connected without any additional external power supply. A LED indicates the switching 
on of the heating.

Complies with standards: 2014/35/EU, 2014/30/EU, 2014/53/EU, 2011/65/EU, 2012/19/EU, 2015/1188/EU.
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