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CABLE TYPE : 2x0.22mm² SOFT WIRE COPPER TINED CLASSE 5 FOLLOWING NF C32.013
WHITE PVC 80°C CATEGORY FOLLOWING NF C32.070
ELECTRICAL ISOLATION 3750VAC 

PPLMOU06027

tinned

tinned

73 max

1 cable link
COUPE A-A 
ECHELLE 2 : 1

Thermoconductive resin

CTN R25°=10Kohms 5%
3950 < β < 3977Waterproof

30 max

Class2 sensor 
(double isolated 3750VAC)
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PROBE SENSOR 3M

BaCote 6mm -> 8mm09/10/2008

CaCote 45mm -> 30mm21/08/2012
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